




















L RS Se ries 35~600W Low profile Single Output Enclosed Type
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LRS-200 LRS-150 LRS-100 LRS-75 LRS-35/50 LRS-350~600 LRS Spec
LRS-200N2 LRS-150F LRS-100N2 LRS-350~600N2

M Features

-Withstand 300 VAC surge input for 5 sec -Provide 200% peak power

-1U low profile (30~41mm) (LRS-100N2/200N2/350N2/600N2)

-Withstand 5G vibration test -Forced air cooling by built-in DC fan (350~600W)

-High operating temperature up to 70°C -Operating altitude up to 5000 meters

- Protections:Short Circuit/Overload/Over Voltage/ -Long MTBF, 1500k~3300k hrs all series

Over Temp.(LRS-150~600) -LED indicator for power on

-Cooling by free air convection (LRS-35~200) -3 years warranty

B Models CBa “us.gﬁ@ Al [ECEL

85~264VAC  85~264VAC  85~264VAC  85~264VAC  85~264VAC  85~264VAC ‘t}yi/velfc%v’*c

5V, 0~7A 3.3V, 0~10A 5V, 0~14A 3.3V, 0~20A 12V, 0~8.5A 5V, 0~22A 12V, 0~12.5A

12V, 0~3A 5V, 0~10A 12V, 0~6A 5V, 0~18A 24V, 0~4.5A 12V, 0~12.5A 15V, 0~10A

15V, 0~2.4A  12V,0~4.2A 15V, 0~5A 12V, 0~8.5A 36V,0~2.8A 15V,0~10A 24V, 0~6.5A
Vout /lout 24V, 0~1.5A 15V,0~3.4A 24V,0~3.2A 15V, 0~7A 48V, 0~2.3A 24V, 0~6.5A 36V, 0~4.3A

36V,0~1A  24V,0~2.2A 36V, 0~2.1A 24V, 0~4.5A 36V, 0~43A 48V, 0~3.3A
48V, 0~0.8A 36V, 0~1.45A 48V, 0~1.6A 36V, 0~2.8A 48V, 0~3.3A
48V, 0~1.1A 48V, 0~2.3A
D‘”(“ens)‘o” 99x82x30 99x97x30 129x97x30 159x97x30

115/230VAC by switch
3.3V, 0~40A 12V, 0~17A 3.3V, 0~60A 12V, 0~29A 5V, 0~75A 5V, 0~100A 12V, 0~50A
4.2V, 0~40A  24V,0~8.8A 4.2V,0~60A  24V,0~14.6A 12V, 0~37.5A 12V, 0~50A 24V, 0~25A
5V, 0~40A 36V, 0~5.9A 5V, 0~60A 36V, 0~9.7A 15V, 0~30A 15V, 0~40A 36V, 0~16.6A
12V,0~17A  48V,0~4.4A 12V,0~29A  48V,0~7.3A 24V, 0~18.8A 24V, 0~25A 48V, 0~12.5A

Vout /lout
15V, 0~14A 15V, 0~23.2A 36V, 0~12.5A 27V, 0~22.2A
24V, 0~8.8A 24V, 0~14.6A 48V, 0~9.4A 36V, 0~16.6A
36V, 0~5.9A 36V, 0~9.7A 48V, 0~12.5A
48V, 0~4.4A 48V, 0~7.3A
D‘Tneqrr‘]f)ion 215x115x30 215x115x30 225x124x35 225x124x41



SE Series

450~1500W Medium/High Power Enclosed Type
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SE-1500 SE-1000 SE-600 SE-450 SE Spec

B Features

- Protections:Short Circuit/Overload/
Over Voltage/Over Temp.

-Forced air cooling by built-in DC fan
-Built-in remote sense function

-With DC_OK signal output,built-in remote
ON-OFF control (SE-1000/1500)

-LED indicator for power on

-2 years warranty

B Models CBM:SBIlECer
T T T T
Vin 115/230VAC by switch 180~264VAC

3.3V, 0~75A 5V, 0~100A 5V, 0~150A 5V, 0~300A
5V, 0~75A 12V, 0~50A 9V, 0~100A 12V, 0~125A
12V, 0~37.5A 15V, 0~40A 12V, 0~83.3A 15V, 0~100A

Vout /lout 15V, 0~30A 24V, 0~25A 15V, 0~66.7A 24V, 0~62.5A
24V, 0~18.8A 27V, 0~22.2A 24V, 0~41.7A 27V, 0~55.6A
36V, 0~12.5A 36V, 0~16.6A 48V, 0~20.8A 48V, 0~31.3A
48V, 0~9.4A 48V, 0~12.5A

DiTni’r‘]j)‘O” 225x124x50 247x127x63.5 278x127x63.5 278x177.8x63.5

* Highly recommended to use LRS-450/600 for SE-450/600 replacement




G3 Se ries 15~150W Miniwatt Multi-Output Enclosed Type
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RS-150 RS-100 RS-75 RS-50 RS-35
RD/ID/T/Q-125  RD/ID/T/Q-85  RD/ID/T/Q-65 RD/ID/T/Q-50 RD-35  RS-25 RS-15 p—
M Features
-Universal full range input: 88~264 VAC -High operating temperature up to 70°C
-All using 105°C long life electrolytic capacitors -Miniature size
-Protections: Short Circuit / Overload /Over Voltage / -Cooling by free air convection
Over Temp. (RS-15) -LED indicator for power on
-Withstand 300VAC surge input for 5 sec. -3 years warranty
-Withstand 5G vibration
Bl Models
. Y UK
Single Output CB| c“\us@@EH[C CR

3.3V, 0~3A 3.3V, 0~6A 3.3V, 0~7A 3.3V, 0~10A  3.3V,0~15A 3.3V, 0~20A 3.3V, 0~30A

5V, 0~3A 5V, 0~5A 5V,0~7A  5V,0~10A  5V,0~12A  5V,0~16A 5V, 0~26A
12V,0~1.3A  12V,0~2.1A 12V,0~3A  12V,0~42A 12V,0~6A 12V, 0~85A 12V, 0~12.5A
Yout flout 15V,0~1A  15V,0~1.7A  15V,0~2.4A 15V,0~3.4A 15V,0~5A 15V, 0~7.0A 15V, 0~10A
24V,0~0.625A 24V, 0~1.1A 24V, 0~1.5A 24V, 0~2.2A 24V, 0~3.2A 24V, 0~4.5A 24V, 0~6.5A
48V,0~0.313A 48V, 0~0.57A 48V, 0~0.8A 48V, 0~I.1A 48V,0~1.6A 48V,0~2.3A 48V, 0~3.3A
D"Fnﬁ?rf)“’” 62.5x51x28  78x51x28  99x82x36  99x97x36  129x98x38  159x97x38  199x98x38

Dual Output

Output

CHI 5V, 0~4A 5V, 0~4A 13.5V, 0~2A 5V, 0~6A 5V, 0~6A
Vout /lout

CH2 12V, 0~1A 24V,0~13A  -13.5V,0~1.5A 12V, 0~3A 24V, 0~2A
DiTrgrrﬁ)iO“ 99x82x36 99x97x36
ModelNo. | ~Qutput RD-65A | RD-65B | RD-85A | RD-85B | RD-125A RD-125B

CHI 5V, 0~8A 5V, 0~8A 5V,0~10A  5V,0~10A  5V,0~I5A  5V,0~10A
Vout /lout

CH2 12V, 0~4A  24V,0~3A  12V,0~5A 24V, 0~2.5A 12V,0~10A 24V, 0~5A
D‘f‘(}g’r‘j)‘on 129x98x38 159x97x38 199%98x38

Note: Output isolation model available: RID-50/65/85 series (Please refer to the specification for details)



15~150W Miniwatt Multi-Output Enclosed Type G3 Series
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G3 Spec

HE Models
Dual Output c“us.@@ EH[C )

Output

CHI1 12V, 0~7A 24V, 0~5A 12V, 0~7A 48V, 0~2.5A
Vout / lout
CH2 24V, 0~5A 12V, 0~7A 48V, 0~2.5A 12V, 0~7A
Dimension
(mm) 199x98x38
Output . . . _ . .
Model No. Number RD-125-2448 RD-125-4824 RD-125-2405
CHI1 24V, 0~4A 48V, 0~2.5A 12V, 0~10.5A 24V, 0~5.3A
Vout / lout
CH2 48V, 0~2.5A 24V, 0~4A 5V, 0~3A 5V, 0~3A
Dimension
(mm) 199x98x38

Note: Output isolation model available: RID-125 series (Please refer to the specification for details)

Quad Output

outpit | RQ-50B | RQ-50C | RQ-50D | RQ-65B | RQ-65C | RQ-65D

CHI 5V, 0~6A  5V,0~6A  5V,0~6A  5V,0~8A  5V,0~8A 5V, 0~8A
CH2 12V, 0~1.5A 15V, 0~1.5A 12V, 0~1.5A 12V, 0~3A 15V, 0~3A 12V, 0~3A
Vout / lout
CH3 5V, 0~1A -5V, 0~1A 24V, 0~IA  -5V,0~IA -5V, 0~1A 24V, 0~1.5A
CH4 12V, 0~1A  -15V, 0~1A  -12V, O~IA  -12V,0~1A -15V, O~1A  -12V, O~I1A
Dirpnirgqs)ion 99x97x36 129x98x38
ModelNo. | Quttut | po.85B | RQ-85C | RQ-85D | RQ-125B | RQ-125C | RQ-125D
CHI 5V, 0~10A 5V, 0~10A  5V,0~10A  5V,0~I2A  5V,0~I2A 5V, O~I2A
CH2 12V, 0~4A 15V, 0~4A 12V, 0~4A 12V, 0~4.5A 15V, 0~4A 12V, O~4A
Vout / lout
CH3 -5V, 0~1A -5V, 0~IA 24V, 0~1.5A -5V, 0~IA -5V, 0~1A 24V, 0~2.5A
CH4 212V, 0~1A  -15V, O~1A  -12V, O~1A  -12V, O~IA  -15V, O~1A  -12V, O~1A
D”‘(“n‘:rr}f)i"” 159%97x38 199x98x38

Note: Triple output models: RT-50/65/85/125 have no -5V or -12V (Please refer to the specification for details)



75~500W Low/Medium Power Enclosed Type
(with PFC function)

RSP Series
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RSP-200 RSP-150 RSP-100  RSP-75 RSP-500 RSP-320

RSP Spec

B Features

-Remote ON/OFF control(RSP-75/100/150/500)
-Remote sense/DC OK signal(RSP-500)

-LED indicator for power on

-Protections: Short Circuit/Overload/Over Voltage/
Over Temp.

-3 years warranty

-Universal full range input: 90~264 VAC

-Active PFC function

-1U Low profile

-Cooling by free air convection (RSP-75~200)
-Forced air cooling by built-in DC fan(RSP-320/500)
-Built-in constant current limiting circuit
(RSP-75/100/150)

B Models ®CBEL M@ S Al CeRs
Sostvo. BsP75 | RSPio0 | WsPis0 | RP200 | msP3z0  hsP300
3.3V,0~15A  3.3V,0~20A  3.3V,0~30A 2.5V, 0~40A 2.5V, 0~60A 3.3V, 0~90A
5V, 0~15A 5V, 0~20A 5V, 0~30A 3.3V, 0~40A 3.3V, 0~60A 4V, 0~90A
7.5V,0~10A 7.5V, 0~13.5A 7.5V, 0~20A 4V, 0~40A 4V, 0~60A 5V, 0~90A
12V, 0~6.3A 12V, 0~8.5A 12V, 0~12.5A 5V, 0~40A 5V, 0~60A 12V, 0~41.7A
13.5V, 0~5.6A  13.5V, 0~7.5A 13.5V,0~11.2A 7.5V, 0~26.7A 7.5V, 0~40A 15V, 0~33.4A
15V, 0~5A 15V, 0~6.7A 15V, 0~10A 12V, 0~16.7A 12V, 0~26.7A 24V, 0~21A
Vout / lout
24V, 0~3.2A 24V, 0~4.2A  24V,0~6.3A  13.5V,0~14.9A 13.5V,0~23.8A 27V, 0~18.6A
27V,0~2.8A  27V,0~3.8A  27V,0~5.6A 15V, 0~13.4A 15V, 0~21.4A 48V, 0~10.5A
48V, 0~1.6A 48V, 0~2.1A 48V, 0~3.2A 24V, 0~8.4A 24V, 0~13.4A
27V, 0~7.5A 27V, 0~11.9A
36V, 0~5.56A 36V, 0~8.9A
48V, 0~4.2A 48V, 0~6.7A
Dimension  159x97x30 ~ 179x99x30  199x99x30  215x115x30  215x115x30  230x127x40.5

* RSP-320-5CC with conformal coating is suitable for LED moving sign applications, MOQ required.



750~3200W High Power Enclosed Type
(with PFC function)

RSP-2400/3000 RSP-1500 RSP-2000  RSP-1000

B Features

RSP Series

>
&
o
)
m
=3
),
o
(72
(']
o
o
7]
o
n
(]
=
(0]
(7]

RSP-750  RSP-1600
RSP Spec

-1U low profile(41mm): RSP-750/1000/1600/2000

-Active PFC function

-Forced air cooling by built-in DC fan

-High power density up to 25W/in*(RSP-1600)

-Output voltage programmable: Widest up to 40~125%
-Constant current level ICC programmable (RSP-750/1600 only)
-Built-in current sharing up to 3 units (RSP-2400/3000),4 units
(RSP-1000/1500/2000)or 6 units (RSP-1600)

- Built-in remote sense & remoteON/OFF control
-Built-in auxiliary power, DC OK signal

-OTP alarm signal output (RSP-1600/2000)
-Optional conformal coating

- Protections: Short Circuit/Overload/

Over Voltage/Over Temp.

-5 years warranty

M Models D E@HE CB E= N SHHIC
90~264VAC 90~264VAC 90~264VAC 90~264VAC
5V, 0~100A 12V, 0~60A 5V, 0~240A 12V, 0~125A
12V, 0~62.5A 15V, 0~50A 12V, 0~125A 24V, 0~67A
15V, 0~50A 24V, 0~40A 15V, 0~100A 27V, 0~59A

Vout / lout
24V, 0~31.3A 27V, 0~37A 24V, 0~63A 36V, 0~44.5A
27V, 0~27.8A 48V, 0~21A 27V, 0~56A 48V, 0~33.5A
48V, 0~15.7A 48V, 0~32A
Dimension (mm) 250x127x41 295x127x41 278x127x83.5 300x85x41

RSP-2000 RSP-2400 RSP-3000

90~264VAC 180~264VAC 180~264VAC
12V, 0~100A 12V, 0~166.7A 12V, 0~200A
Vout/ lout 24V, 0~80A 24V, 0~100A 24V, 0~125A
48V, 0~42A 48V, 0~50A 48V, 0~62.5A
Dimension (mm) 295x127x41 278x177.8x63.5 278x177.8x63.5



NSP Series
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B Features

NSP-1600

1600~3200W High Power Enclosed Type
(with PFC function)

NSP-3200
NSP Spec

-Universal full range input: 90~264 VAC

-Active PFC function

-Forced air cooling by built-in DC fan
-Output voltage programmable: Widest up to 40~125% auxiliary power
-Built-in intelligent fan speed control

B Models

Model No.

Vout / lout

Dimension (mm)

NSP-1600

12V, 0~125A

24V, 0~67A

36V, 0~44.5A

48V, 0~33.5A

300x85x41

-Protections: Short Circuit/Overload/Over Voltage/
Over Temp.
- Built-in remote ON-OFF control/remote sense/

-DC OK signal/OTP alarm signal
-5 years warranty

NS A HICE LS

NSP-3200

®CB|

24V, 0~133A

48V, 0~67A

325.8x107x41



Parallel Function Enclosed T .
with PECfunction) | PSP/ PSPA Series
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PSP-600 PSPA-1000 PSP Spec PSPA Spec

M Features
- Built-in active PFC function - Current sharing up to 2400W(PSP-600);
- Protections: Short Circuit/Overload/Over Voltage/ 4000W (PSPA-1000)
Over Temp. - Built-in remote sense/remote ON-OFF control
-Forced air cooling by built-in DC fan -3 years warranty (PSP-600)
-With DC OK signal output 5 years warranty (PSPA-1000)
W Models ® CBEL M@ S A BIHIC €L
Vin 88~264VAC 90~264VAC
5V, 0~80A 12V, 0~80A
12V, 0~50A 15V, 0~64A
13.5V, 0~44.5A 24V, 0~42A
Vout / lout 15V, 0~40A 48V, 0~21A
24V, 0~25A
27V, 0~22.2A
48V, 0~12.5A
Dimension (mm) 170x120x93 170x120x93




- 75~1000W High Reliability Enclosed Type
H RP Se rieés (with PFC function)
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HRP(G)-1000 HRP(G)-600 HRP(G)-450 HRP(G)-300 HRP(G)-200 HRP(G)-150 HRP-100 HRP-75
HRP Spec HRPG Spec

M Features

-Withstand 300 VAC surge input for 5 sec. -DC OK signal output (=200W)

-Built-in active PFC function -Current sharing function

-Protections: Short Circuit/Overload/Over Voltage/ (HRPG-600-24/36/48,HRPG-1000)

Over Temp.(Optional for HRP-75/HRP-100) -Cooling by free air (<200W)

-Built-in constant current limiting circuit -Forced air cooling by built-in DC fan (=300W )
-Built-in remote sense function (HRP-150) -LED indicator for power on

-Built-in 5V / 0.3A standby output (HRPG Series) -5 years warranty

B Models ® ®CB & mus&m[c

85~264VAC 85~264VAC 85~264VAC 85~264VAC
3.3V, 0~15A 3.3V, 0~20A 3.3V, 0~30A 3.3V, 0~40A
5V, 0~15A 5V, 0~17A 5V, 0~26A 5V, 0~35A
7.5V, 0~10A 7.5V, 0~13.5A 7.5V, 0~20A 7.5V, 0~26.7A
Vout/ lout 12V, 0~6.3A 12V, 0~8.5A 12V, 0~13A 12V, 0~16.7A
15V, 0~5A 15V, 0~7A 15V, 0~10A 15V, 0~13.4A
24V, 0~3.2A 24V, 0~4.5A 24V, 0~6.5A 24V, 0~8.4A
36V, 0~2.1A 36V, 0~2.9A 36V, 0~4.3A 36V, 0~5.7A
48V, 0~1.6A 48V, 0~2.2A 48V, 0~3.3A 48V, 0~4.3A
Dimension (mm) 129x98x38 159x97x38 159x97x38 199x98x38
85~264V 85~264V 85~264V 90~264V
3.3V, 0~60A 3.3V, 0~90A 3.3V, 0~120A 12V, 0~80A
5V, 0~60A 5V, 0~90A 5V, 0~120A 15V, 0~64A
7.5V, 0~40A 7.5V, 0~60A 7.5V, 0~80A 24V, 0~42A
Vout / lout 12V, 0~27A 12V, 0~37.5A 12V, 0~53A 48V, 0~21A
15V, 0~22A 15V, 0~30A 15V, 0~43A
24V, 0~14A 24V, 0~18.8A 24V, 0~27A
36V, 0~9A 36V, 0~12.5A 36V, 0~17.5A
48V, 0~7A 48V, 0~9.5A 48V, 0~13A
Dimension (mm) 199x105x41 218x105x41 218x105x63.5 218x105x63.5

n [J=blank, G; blank: basic function, G: with 5Vsb & no load <0.5~0.75W



150~1000W High Reliability & High Peak .
Enclosed Type(with PFC function) H RP'N3 Se ries
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HRP-150N3 HRP-300N3 HRP-600N3 HRPG-1000N3

M Features
-Universal full range input: 85~264 VAC -Cooling by free air convection (HRP-150N3)
-Withstand 300 VAC surge input for 5 sec -Built-in cooling fan ON/OFF control
-Built-in active PFC function, PF > 0.95 (HRP-300N3/600N3/1000N3)
-350% peak power capability -Built-in constant current limiting circuit
-High efficiency up to 94% -Built-in remote sense function
-Withstand 5G vibration -5 years warranty

- Protections: Short Circuit/Overload/
Over Voltage/Over Temp.

‘ N UK
B Models ®CB] Ml CeLs
Model No. HRP-150N3 HRP-300N3 HRP-600N3 HRPG-1000N3
12V, 0~13A 12V, 0~27A 12V, 0~53A 12V, 0~80A
24V, 0~6.5A 24V, 0~14A 24V, 0~27A 24V, 0~42A
Vout / lout
36V, 0~4.3A 36V, 0~9A 36V, 0~17.5A 36V, 0~28A
48V, 0~3.3A 48V, 0~7A 48V, 0~13A 48V, 0~21A
D”Fnﬁ?rf)io“ 159x97x38 199x105x41 218x105x61.5 218x105x61.5




DPU/PHP Series 3200/3500w High Power (with PFC function)

Cold Plate for PHP-3500
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] g Optional :
DRIy PHP-3500 (Order No:HS-656) RHD e RAEESPES

BDPU-3200Features BMPHP-3500Features

-Universal full range input: 90~264 VAC -Universal full range input: 90~264 VAC

-High efficiency up to 94.5% -High efficiency up to 96%

-Forced air cooling by built-in DC fan -Fanless design, water-cooled power supply

-Output voltage and constant current -Slim and Low Profile (60 mm)

level programmable -Output voltage and constant current level programmable
-Active current sharing up to 16000W (4+1) -OVC Ill operating altitude up to 3000 meters
-Protections: Short Circuit/Overload/ -Active current sharing up to 14000W

Over Voltage/Over Temp. (24V & 48V models)

-Optional PMBus or CANBus protocol -Optional PMBus or CANBus protocol

-Optional conformal coating -Protections: Short Circuit/Overload/Over Voltage/Over Temp.
-5 years warranty -Optional conformal coating

-Optional cold plate for effortless implementation
-5 years warranty

HModels P i) (B CB & AN us H € € 5

24V, 0~133A 24V, 0~145A
Vout / lout
48, 0~67A 48, 0~73A
Dimension (mm) 325.8x107x41 380x141.4x60



5000/10000W Three-Phase High-Voltage Input -
Programmable Power Supply (with PFC function) RST Se ries
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RST-5000 RST-10000 RST Spec

M Features
-3 phase input: 3-wire//A196~305 VAC -Output voltage and constant current level
or 4-wire/Y340~530 VAC programmable
-Built-in active PFC function -Built-in current sharing up to 4 units
-High efficiency up to 92.5% -Built-in remote sense and ON/OFF control
-Protections: Short Circuit/Overload/Over Voltage/ -Built-in 12V/0.1A auxiliary output
Over Temperature/Fan Alarm -Alarm signal output
-Forced air cooling by built-in DC fan -5 years warranty
B Models
Model No. RST-5000 RST-10000
24V, 0~200A 24V, 0~400A
Vout / lout 36V, 0~138A 36V, 0~276A
48V, 0~105A 48V, 0~210A
Dimension 460x211x83.5 540x424x83.5

(mm)




S31I3S dO-paso)dul 2a-Iv

QP Series

B Features

Quad Output Enclosed Type (with PFC function)

QP-150

QP Spec

-Universal full range input: 90~264 VAC
- Protections: Short Circuit/Overload/Over Voltage/

Over Temp. (Optional for QP-150)

-Forced air cooling by built-in DC fan
-Built-in active PFC function

B Models

-CH1 & 2 can be adjustable from -5%~+10% (QP-200/320)
-CH1 & 2 remote sense function (QP-200/320)

-With PG and PF signal output (QP-200/320)

-3 years warranty

®CBA

s [l C €5

Model No. I\?J'rf%fr QP-150- | QP-150- | QP-150- | QP-150-
CH1 5V 5V 5V 5V 5V 5V 5V 5V
3~15A 3~15A 3~15A 3~15A 3~15A 3~15A 3~15A 3~15A
CH2 12V 15V 12V 15V 3.3V 3.3V 3.3V 3.3V
Vout/ lout 0.4~5A 0.4~4A 0~5A 0~5A 0~15A 0~15A 0~15A 0~15A
out/lou
CH3 -12V -15V 24V 24V 12V 12V 15V 24V
0.3~2A 0.3~2A 0.4~3A 0.4~3A 0.4~5A 0.4~5A 0.4~5.0A 0.3~3A
CH4 -5V -5V -12Vv -15V -5V -12v -15V -12Vv
0~1A 0~1A 0~1A 0~1A 0~1A 0~1A 0~1.0A 0~1A
Dimension
(mm) 199x99x50
Model No. | Qutput QP-200D QP-200F QP-320D QP-320F
CH1 5V, 3.0~20A 5V, 3~20A 5V, 2.5~20A 5V, 2.5~20A
CH2 12V, 0~7A 15V, 0~6.0A 12V, 0~10A 15V, 0~10A
Vout / lout
CH3 24V, 0.4~6A 24V, 0.4~6A 24V, 0.2~5A 24V, 0.2~5A
CH4 -12V, O~1A -15V, O~1A -12V, 0.2~2A -15V, 0.2~1.6A
Dirm(wrgrrﬁ)ion 215x115x50 215x115x50



200~2500W Fanless Power Supply(with PFC function) JHP Se ries
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UHP-2500 UHP-1500 UHP-1000 UHP-750 UHP-500  UHP-350  UHP-200
UHP Spec

M Features
-Universal full range input: 90~264 VAC - Protections: Short Circuit/Overload/
-Withstand 300VAC surge input for 5 sec Over Voltage/Over Temp.
-Filled with half glue, dustproof and anti-vibration -Optional PMBus or CANBus protocol(UHP-1500/2500)

(except UHP-2500) -Redundancy function(UHP-R Series)/
-Slim width and low profile remote ON-OFF control (=1000W)

-Built-in active PFC function -DC OK active signal/LED indicator for power on
-150% peak load capacility (100ms, UHP-200~500) -3 years warranty(UHP-200~750)

-Fanless design, free air convection 5 years warranty(UHP-1000/1500/2500)

-Output voltage and constant current level
adjustable (=1000W)

B Models UK

3.3V, 0~40A 3.3V, 0~60A  4.2V,0~80A 12V,0~60A  12V,0~80A 24V, 0~62.5A 24V, 0~104.2A

4.2V, 0~40A 4.2V, 0~60A 5V, 0~80A 24V, 0~31.3A 24V, 0~42A 48V, 0~31.5A 36V, 0~69.4A
5V, 0~40A 5V, 0~60A 12V, 0~41.7A 36V, 0~21A 36V, 0~28A 48V, 0~52.1A
12V, 0~16.7A 12V, 0~29.2A 15V, 0~33.4A 48V, 0~15.7A 48V, 0~21A
Vout/lout 15V,0~13.4A 15V, 0~23.4A 24V, 0~20.9A
24V, 0~8.4A 24V, 0~14.6A 36V, 0~13.9A
36V, 0~5.6A 36V, 0~9.75A 48V, 0~10.45A
48V, 0~4.2A 48V, 0~7.3A 55V, 0~8.9A
55V, 0~3.6A 55V, 0~6.3A

D"Pnﬁgj)‘on 194x55x26  220x62x31  233x81x31  237x100x41 240x115x41 290x140x41  310x140x60

[J=blank, R blank:Enclosed R:Built-in DC OK active signal and redundant function.
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BUHP/PHP Features

High Voltage Models

UHP-1500-HV

PHP-3500-HV HEP-2300-HV

B HEP Features

1500W~3000W DC High Voltage Output
Power Supply (with PFC function)

B CSP Features

-Slim type with fanless design

-Built-in active PFC function
-Output voltage and constant
current level programmable

-Optional PMBus or CANBus protocol

-Built-in remote switch/DC OK
signal/Auxiliary power output
-Protection type: Short Circuit/

Overload/Over Voltage/Over Temp.
-Optional water-cooled plate cooling

device (PHP-3500HV)
-5 years warranty

-Universal full range input: 90~305 VAC
-Built-in active PFC function,

high efficiency up to 95.5%

-Fanless design, conduction natural

convection heat dissipation

-Aluminum case and filling with heat-

conducted silicone

-Withstand 10G vibration test

--40~+70°C wide operating range

-Built-in CANBus/PMBus protocol selectable
-Output voltage and constant current level

programmable

-With DC_OK signal output, built-in remote

ON-OFF control

-12V/0.5A auxiliary power output
-LED indicator for power on
- Protection: Short Circuit/Overload/

Overvoltage/Over Temp.

-6 years warranty

P () @ CB & £

-Active PFC function
-High efficiency up to 93%
- Protection: Short Circuit/Overload/

Overvoltage/Over Temp.

-Forced air cooling by built-in DC fan
-Output voltage and constant current

level programmable

- Current sharing up to 3 units
-Remote ON-OFF control/Auxiliary

Power/ DC_OK signal output

-Optional conformal coating
-5 years warranty

s [AlC€CR

UHP-1500-HV PHP-3500-HV HEP-2300-HV CSP-3000

B Models

90~264VAC
115V, 0~13A
230V, 0~7A

Vout / lout
380V, 0~4.5A
380E: 0~3.95A

Dimension

(mm) 290x140x41

90~264VAC 90~305VAC 180~264VAC
115V, 0~25.2A 115V, 0~20A 120V, 0~25A
230V, 0~15.2A 230V, 0~10.6A 250V, 0~12A
380V, 0~9.2A 380V, 0~6.9A 400V, 0~7.5A
380x141.4x60 375x280x88 199x98x38



7.5KW~30KW DC High Voltage Output .
Power Supply (with PFC function) ngh VOItage Models

RST-TK5-HV RST-15K-HV SHP-10K-HV SHP-30K-HV

B RST/SHP Features

-Water / forced air cooling

selectable (RST-7K5/SHP-10K)

-Forced air cooling (RST-15K/SHP-30K)
-Built-in CANBus/Optional PMBus
protocol/MODBus-RTU/RS-485(SHP)
-Output voltage adjustable range:

Widest up to 1~120% (RST)

-Active current sharing up to 28.5KW(RST)
-Active current sharing up to 120KW (SHP)

-Output voltage and constant current level programmable
-Built-in ON/OFF contro |/Alarm signal output

-DC OK active signal & Built-in 12V auxiliary
power(SHP-10K/30K)

-Protections: Short Circuit/Overload/Over Voltage/

Over Temp.

-5 years warranty

B Models P (i) (B CB E]- A s EIC €25

RST-7K5-HV RST-15K-HV SHP-10K-HV SHP-30K-HV

303W 304W 303w
196~305VAC °" 340~530VAC 340~530VAC
115V, 0~65A 115V, 0~130A 55V, 0~150A 55V, 0~450A
230V, 0~34.5A 230V, 0~69A 115V, 0~87A 115V, 0~261A
Vout / lout
380V, 0~22.5A 380V, 0~45A 230V, 0~46.2A 230V, 0~139A
380V, 0~30A 380V, 0~90A
D"Fnﬁ’r‘rf)ion 460x211x83.5 540x424x83.5 460x211x83.5 540x424x83.5

Note: The SHP-30K-HV series is under development, expected to be launched in Q4 of 2023.
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